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 DATA CONVERSION
   

®

 RoHS Compliant Parts Available
T.I.
Part No.

Digi-Key
Part No. Description Pkg.

Price Each★
1 25 100

DAC8531E/250 DAC8531E/250CT-ND 16-Bit, Low Power DAC 8-MSOP 7.18 5.97 5.42

DAC8531E/250 DAC8531E/250TR-ND 16-Bit, Low Power DAC 8-MSOP 1151.58/250

DAC8531EVM 296-13548-ND Evaluation Module for DAC8531 — 83.44 — —

DAC8532IDGK DAC8532IDGK-ND 16-Bit, 2-Channel, Low Power DAC 8-MSOP 11.14 9.37 8.61

DAC8534EVM 296-17255-ND Evaluation Module for DAC8534 — 41.31 — —

DAC8534IPW 296-13718-5-ND 16-Bit, Quad Ch., LP, Serial In DAC 16-TSSOP 18.14 15.26 14.02

DAC8541EVM 296-19941-ND Evaluation Module for DAC8541 — 83.44 — —

DAC8541Y/250 296-12427-1-ND 16-Bit, Low Power DAC 32-TQFP 7.55 6.27 5.71

DAC8541Y/250 296-12427-2-ND 16-Bit, Low Power DAC 32-TQFP 1211.27/250

DAC8544IPFB 296-17092-ND 16-Bit, Quad R/R Volt. Output DAC 48-TQFP 23.46 19.95 18.48

DAC8551EVM 296-20838-ND Evaluation Module for DAC8551 — 41.31 — —

DAC8551IADGKT 296-21222-1-ND 16-Bit Ultra Low Glitch, Volt. Out DAC 8-MSOP 5.63 4.68 4.25

DAC8551IDGKT 296-18290-1-ND 16-Bit Ultra Low Glitch, Volt. Out DAC 8-MSOP 6.24 5.18 4.71

DAC8552IDGKT 296-20676-1-ND 16-Bit, 2-Channel Voltage Out DAC 8-MSOP 7.71 6.40 5.82

DAC8552IDGKT 296-20676-2-ND 16-Bit, 2-Channel Voltage Out DAC 8-MSOP 1235.85/250

DAC8554EVM 296-19429-ND Evaluation Module for DAC8554 — 41.31 — —

DAC8554IPW 296-18310-5-ND 16-Bit, Quad Channel, Ultra Low Glitch, 
Voltage Output DAC

16-TSSOP 13.99 11.77 10.82

DAC8555IPW 296-19402-5-ND 16-Bit, Quad Channel, Ultra Low Glitch, 
Voltage Output DAC

16-TSSOP 13.99 11.77 10.82

DAC8560IADGKT 296-21385-1-ND 16-Bit, Ultra Low Glitch, Volt. Out  DAC 8-MSOP 7.34 6.09 5.54

DAC8560IADGKT 296-21385-2-ND 16-Bit, Ultra Low Glitch, Volt. Out  DAC 8-MSOP 1176.16/250

DAC8564IAPW 296-22920-5-ND 16-Bit, Quad Channel, Ultra Low Glitch 
Voltage Out DAC

16-TSSOP 16.72 14.07 12.93

DAC8564IBPW 296-22921-5-ND 16-Bit, Quad Channel, Ultra Low Glitch 
Voltage Out DAC

16-TSSOP 17.18 14.61 13.54

DAC8564ICPW 296-22922-5-ND 16-Bit, Quad Channel, Ultra Low Glitch 
Voltage Out DAC

16-TSSOP 16.85 14.33 13.28

DAC8564IDPW 296-22923-5-ND 16-Bit, Quad Channel, Ultra Low Glitch 
Voltage Out DAC

16-TSSOP 18.84 16.01 14.84

DAC8565IAPW 296-22924-5-ND 16-Bit, Quad Channel, Ultra Low Glitch 
Voltage Out DAC

16-TSSOP 16.72 14.07 12.93

DAC8565IBPW 296-22925-5-ND 16-Bit, Quad Channel, Ultra Low Glitch 
Voltage Out DAC

16-TSSOP 17.18 14.61 13.54

DAC8565ICPW 296-22926-5-ND 16-Bit, Quad Channel, Ultra Low Glitch 
Voltage Out DAC

16-TSSOP 16.85 14.33 13.28

DAC8565IDPW 296-22927-5-ND 16-Bit, Quad Channel, Ultra Low Glitch 
Voltage Out DAC

16-TSSOP 18.84 16.01 14.84

DAC8568IAPW 296-24444-5-ND 16-Bit, 8-Channel DAC* 16-TSSOP 20.32 17.28 16.01

DAC8568IBPW 296-24445-5-ND 16-Bit, 8-Channel DAC* 16-TSSOP 20.32 17.28 16.01

DAC8568ICPW 296-24446-5-ND 16-Bit, 8-Channel DAC* 16-TSSOP 24.25 20.62 19.11

DAC8568IDPW 296-24447-5-ND 16-Bit, 8-Channel DAC* 16-TSSOP 24.25 20.62 19.11

DAC8571EVM 296-19942-ND Evaluation Module for DAC8571 — 41.31 — —

DAC8571IDGK 296-26051-5-ND 16-Bit, Low Power I2C DAC* 8-MSOP 7.34 6.02 5.43

DAC8571IDGKR 296-14307-1-ND 16-Bit, Low Power I2C DAC 8-MSOP 6.46 5.37 4.88

DAC8571IDGKR 296-14307-2-ND 16-Bit, Low Power I2C DAC 8-MSOP 7920.23/2,500

DAC8574EVM 296-18415-ND Evaluation Module for DAC8574 — 41.31 — —

DAC8574IPW 296-14170-5-ND 16-Bit, Quad Rail-to-Rail DAC 16-TSSOP 24.54 20.86 19.33

DAC8580IPW 296-18311-5-ND 16-Bit, HS, LN, Voltage Output DAC 16-TSSOP 5.20 4.19 3.82

DAC8581EVM 296-19404-ND Evaluation Module for DAC8581 — 41.31 — —

DAC8581IPW 296-18312-5-ND 16-Bit, HS, LN, Voltage Output DAC 16-TSSOP 5.20 4.19 3.82

DAC8718SRGZT 296-25560-1-ND 16-Bit, Octal High Voltage Out DAC* 48-VQFN 29.66 26.70 24.47

DAC8718SRGZT 296-25560-2-ND 16-Bit, Octal High Voltage Out DAC* 48-VQFN 5375.43/250

DAC8728SPAG 296-25472-ND 16-Bit, Octal High Volt. Out DAC* 64-TQFP 30.48 25.92 24.01

DAC8728SRTQT 296-25473-1-ND 16-Bit, Octal High Volt. Out DAC* 56-QFN 29.66 26.70 24.47

DAC8728SRTQT 296-25473-2-ND 16-Bit, Octal High Volt. Out DAC* 56-QFN 5375.43/250

DAC8734SPFB 296-25117-ND 16-Bit, Quad, Volt. Output DAC* 48-TQFP 33.93 29.35 27.51

DAC8734SRHAT 296-25118-1-ND 16-Bit, Quad, Volt. Output DAC* 40-QFN 34.06 29.76 27.79

DAC8734SRHAT 296-25118-2-ND 16-Bit, Quad, Volt. Output DAC* 40-QFN 6274.23/250

DAC8801EVM 296-18416-ND Evaluation Module for DAC8801 — 41.31 — —

DAC8801IDGKT 296-17641-1-ND 14-Bit Multiplying DAC 8-MSOP 9.57 8.12 7.50

DAC8801IDGKT 296-17641-2-ND 14-Bit Multiplying DAC 8-MSOP 1613.37/250

DAC8801IDRBT 296-17642-1-ND 14-Bit Multiplying DAC 8-SON 9.57 8.12 7.50

DAC8802IPW 296-19405-5-ND 14-Bit, Dual, Serial In Multiplying DAC 16-TSSOP 12.69 10.67 9.81

DAC8803IDBT 296-18685-1-ND 14-Bit, Quad, Serial In Multiplying DAC 28-SSOP 22.21 19.99 18.32

DAC8803IDBT 296-18685-2-ND 14-Bit, Quad Serial In Multiplying DAC 28-SSOP 4024.76/250

DAC8806IDB 296-19722-5-ND 14-Bit, Parallel In Multiplying DAC 28-SSOP 11.39 9.59 8.81

DAC8811EVM 296-18417-ND Evaluation Module for DAC8811 — 41.31 — —

DAC8811IBDGKT 296-17643-1-ND 16-Bit Multiplying DAC 8-MSOP 14.89 12.63 11.66

DAC8811IBDGKT 296-17643-2-ND 16-Bit Multiplying DAC 8-MSOP 2509.69/250

DAC8812IBPW 296-19406-5-ND 16-Bit, Dual, Serial In Multiplying DAC 16-TSSOP 17.45 14.68 13.49

DAC8812ICPW 296-19407-5-ND 16-Bit, Dual, Serial In Multiplying DAC 16-TSSOP 18.44 15.68 14.53

DAC8814ICDBT 296-18609-1-ND 16-Bit, Quad, Serial In Multiplying DAC 28-SSOP 31.61 27.62 25.79

DAC8820IBDB 296-19654-5-ND 16-Bit, Parallel In Multiplying DAC 28-SSOP 17.61 14.81 13.61

DAC8820ICDB 296-19655-5-ND 16-Bit, Parallel In Multiplying DAC 28-SSOP 18.69 15.89 14.72

DAC8822QCDBTR 296-21699-1-ND 16-Bit, Dual, Parallel In, Multiplying 
DAC

38-TSSOP 17.96 15.23 14.06

DAC8830IBD 296-21736-5-ND 16-Bit, Ultra LP Voltage Out, DAC 8-SOIC 11.60 9.76 8.96

DAC8830ICD 296-21737-5-ND 16-Bit, Ultra LP Voltage Out, DAC 8-SOIC 11.83 9.95 9.15

DAC8830ID 296-21738-5-ND 16-Bit, Ultra LP Voltage Out, DAC 8-SOIC 10.92 9.19 8.45

DAC8831EVM 296-20839-ND Evaluation Module for DAC8831 — 41.31 — —

DAC8831IBD 296-18028-5-ND 2.7V~5.5V, 16-Bit Ultra Low Power, 
Voltage Output DAC

14-SOIC 11.60 9.76 8.96

DAC8831IBRGYT 296-20703-1-ND 2.7V~5.5V, 16-Bit Ultra Low Power, 
Voltage Output DAC

14-QFN 11.65 9.88 9.12

DAC8831ICD 296-18029-5-ND 2.7V~5.5V, 16-Bit Ultra Low Power, 
Voltage Output DAC

14-SOIC 11.83 9.95 9.15

DAC8831ID 296-18030-5-ND 2.7V~5.5V, 16-Bit Ultra Low Power, 
Voltage Output DAC

14-SOIC 10.92 9.19 8.45

DAC8831MCDEP 296-21224-5-ND 2.7V~5.5V, 16-Bit Ultra Low Power, 
Voltage Output DAC

14-SOIC 24.58 20.90 19.37

DAC8832ICRGYT 296-19588-1-ND 16-Bit Ultra LP, Voltage Output DAC 14-QFN 11.90 10.09 9.31

DAC8832IRGYR 296-25818-1-ND 16-Bit Ultra LP, Voltage Output DAC* 14-QFN 9.50 8.06 7.44

DAC8832IRGYR 296-25818-2-ND 16-Bit Ultra LP, Voltage Output DAC* 14-QFN 15799.16/3,000

DAC8871SPW 296-22151-5-ND 16-Bit, 1-Ch., Serial In/Volt. Out, DAC 16-TSSOP 16.57 13.94 12.81

DAC8881SRGET 296-22741-1-ND 16-Bit, 1-Channel Volt. Output DAC 24-QFN 17.48 14.83 13.69

DAC8881SRGET 296-22741-2-ND 16-Bit, 1-Channel Volt. Output DAC 24-QFN 2945.05/250

DAC9881SBRGET 296-23701-1-ND 18-Bit, 1-Ch., LN, Volt. Out DAC 24-VQFN 41.44 36.21 33.81

DAC9881SRGET 296-23702-1-ND 18-Bit, 1-Ch., LN, Volt. Out DAC 24-VQFN 30.40 27.37 25.09

DAC9881SRGET 296-23702-2-ND 18-Bit, 1-Ch., LN, Volt. Out DAC 24-VQFN 5510.09/250

DSD1608PAH 296-13451-ND 24-Bit, 8-Channel Multi-Format DAC 52-TQFP 12.99 10.93 10.05
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THS5641AIDW 296-2989-5-ND 8-Bit, 100MSPS 3V-5V Single DAC 28-SOIC 6.88 5.64 5.09

THS5641AIPW 296-2990-5-ND 8-Bit, 100MSPS 3V-5V Single DAC 28-TSSOP 6.88 5.64 5.09

THS5641EVM 296-10055-ND Evaluation Module for THS5641 — 83.44 — —

THS5651AIDW 296-2992-5-ND 10-Bit, 125MSPS 3V-5V Single DAC 20-SOIC 9.24 7.77 7.14

THS5651AIPW 296-2287-5-ND 10-Bit, 125MSPS 3V-5V Single DAC 28-TSSOP 9.24 7.77 7.14

THS5651EVM 296-10056-ND Evaluation Module for THS5651 — 83.44 — —

THS5661AIDW 296-2995-5-ND 12-Bit, 125MSPS 3V-5V Single DAC 28-SOIC 13.65 11.48 10.55

THS5661AIPW 296-2288-5-ND 12-Bit, 125MSPS 3V-5V Single DAC 28-TSSOP 13.65 11.48 10.55

THS5671AIDW 296-2998-5-ND 14-Bit, 125MSPS 3V-5V Single DAC 28-SOIC 18.26 15.52 14.38

THS5671AIPW 296-2289-5-ND 14-Bit, 125MSPS 3V-5V Single DAC 28-TSSOP 18.50 15.73 14.58

THS5671EVM 296-10058-ND Evaluation Module for THS5671 — 83.44 — —

THS8133BCPHP 296-2999-ND 10-Bit, 80MSPS 3V-5V Triple Video 
DAC

48-HTQFP 6.20 5.09 4.59

THS8134BCPHP 296-3001-ND 8-Bit, 80MSPS 3V-5V Triple Video DAC 48-HTQFP 6.20 5.09 4.59

THS8135PHP 296-13049-5-ND 10-Bit, Triple Video DAC 48-HTQFP 6.82 5.59 5.05

THS8136IPHP 296-23965-ND 10-Bit, 180MSPS Triple Video DAC 48-HTQFP 6.20 5.09 4.59

TLC5602CDW 296-3003-5-ND 8-Bit, 30MSPS 5V Single Video DAC 20-SOIC 4.07 3.28 2.99

TLC5602CDWR 296-26758-1-ND 8-Bit, 30MSPS Single DAC* 20-SOIC 3.64 2.98 2.68

TLC5602CDWR 296-26758-2-ND 8-Bit, 30MSPS Single DAC* 20-SOIC 3230.05/2,000

TLC5615CD 296-3004-5-ND 10-Bit, 12.5μs, 5V Single Serial DAC 8-SOIC 5.06 4.08 3.71

TLC5615CDGK 296-3005-5-ND 10-Bit, 12.5us, 5V Single Serial DAC 8-TSSOP 5.06 4.08 3.71

TLC5615CP 296-3006-5-ND 10-Bit, 12.5μs, 5V Single Serial DAC 8-Dip 4.19 3.37 3.07

TLC5615ID 296-3007-5-ND 10-Bit, 12.5μs, 5V Single Serial DAC 8-SOIC 5.27 4.24 3.87

TLC5615IP 296-2292-5-ND 10-Bit, 12.5μs, 5V Single Serial DAC 8-Dip 4.39 3.54 3.22

TLC5618AQD 296-3011-5-ND 12-Bit, 2.5μs, 5V Dual Serial DAC 8-SOIC 9.36 7.88 7.24

TLC5620CD 296-1861-5-ND 8-Bit, 10μs, 5V Quad Serial DAC 14-SOIC 4.86 3.91 3.56

TLC5620CN 296-1862-5-ND 8-Bit, 10μs, 5V Quad Serial DAC 14-Dip 4.28 3.44 3.14

TLC5620ID 296-1339-5-ND 8-Bit, 10μs, 5V Quad Serial DAC 14-SOIC 5.20 4.19 3.82

TLC5620IDR 296-1339-1-ND 8-Bit, 10μs, 5V Quad Serial DAC 14-SOIC 4.58 3.75 3.37

TLC5620IDR 296-1339-2-ND 8-Bit, 10μs, 5V Quad Serial DAC 14-SOIC 5081.55/2,500

TLC5620IN 296-3012-5-ND 8-Bit, 10μs, 5V Quad Serial DAC 14-Dip 4.51 3.63 3.31

TLC5628CDW 296-1864-5-ND 8-Bit, 10μs, 5V Octal Serial DAC 16-SOIC 6.10 5.00 4.51

TLC5628CN 296-1865-5-ND 8-Bit, 10μs, 5V Octal Serial DAC 16-Dip 5.27 4.32 3.90

TLC5628IDW 296-3013-5-ND 8-Bit, 10μs, 5V Octal Serial DAC 16-SOIC 6.51 5.34 4.82

TLC5628IN 296-3014-5-ND 8-Bit, 10μs, 5V Octal Serial DAC 16-Dip 5.68 4.66 4.21

TLC7225CDW 296-3015-5-ND 8-Bit, 5μs, 5V-15V Quad Parallel DAC 24-SOIC 5.60 4.59 4.15

TLC7225IDW 296-3016-5-ND 8-Bit, 5μs, 5V-15V Quad Parallel DAC 24-SOIC 5.89 4.83 4.36

TLC7226CDW 296-3017-5-ND 8-Bit, 5μs, 15V Quad Parallel DAC 20-SOIC 5.72 4.60 4.19

TLC7226CN 296-3018-5-ND 8-Bit, 5μs, 15V Quad Parallel DAC 20-Dip 4.95 3.98 3.63

TLC7226IDW 296-3019-5-ND 8-Bit, 5μs, 15V Quad Parallel DAC 20-SOIC 5.49 4.51 4.07

TLC7226IN 296-2296-5-ND 8-Bit, 5μs, 15V Quad Parallel DAC 20-Dip 5.39 4.34 3.95

TLC7524CD 296-1866-5-ND 8-Bit, 0.1μs, 5V-15V Single Parallel 
Multiplying DAC

16-SOIC 3.84 3.09 2.82

TLC7524CFN 296-1867-5-ND 8-Bit, 0.1μs, 5V-15V Single Parallel 
Multiplying DAC

20-PLCC 3.31 2.67 2.43

TLC7524CN 296-1868-5-ND 8-Bit, 0.1μs, 5V-15V Single Parallel 
Multiplying DAC

16-Dip 3.40 2.74 2.49

TLC7524CPW 296-3020-5-ND 8-Bit, 0.1μs, 5V-15V Single Parallel 
Multiplying DAC

16-TSSOP 3.84 3.09 2.82

TLC7524ED 296-26763-5-ND 8-Bit, 0.1μS, 5V-15V Single Parallel 
Multiplying DAC*

16-SOIC 4.39 3.54 3.22

TLC7524EN 296-1869-5-ND 8-Bit, 0.1μs, 5V-15V Single Parallel 
Multiplying DAC

16-Dip 3.31 2.67 2.43

TLC7524ID 296-3021-5-ND 8-Bit, 0.1μs, 5V-15V Single Parallel 
Multiplying DAC

16-SOIC 4.19 3.37 3.07

TLC7524IFN 296-3022-5-ND 8-Bit, 0.1μs, 5V-15V Single Parallel 
Multiplying DAC

20-PLCC 3.40 2.74 2.49

TLC7524IN 296-3023-5-ND 8-Bit, 0.1μs, 5V-15V Single Parallel 
Multiplying DAC

16-Dip 3.63 2.92 2.66

TLC7528CDW 296-1340-5-ND 8-Bit, 0.1μs, 5V-15V Dual Parallel 
Multiplying DAC

20-SOIC 3.88 3.13 2.85

TLC7528CDWR 296-1340-1-ND 8-Bit, 0.1μs, 5V-15V Dual Parallel 
Multiplying DAC

20-SOIC 3.44 2.82 2.53

TLC7528CDWR 296-1340-2-ND 8-Bit, 0.1μs, 5V-15V Dual Parallel 
Multiplying DAC

20-SOIC 3054.92/2,000

TLC7528CFN 296-3024-5-ND 8-Bit, 0.1μs, 5V-15V Dual Parallel 
Multiplying DAC

20-PLCC 3.88 3.13 2.85

TLC7528CN 296-1871-5-ND 8-Bit, 0.1μs, 5V-15V Dual Parallel 
Multiplying DAC

20-Dip 3.21 2.59 2.36

TLC7528EDW 296-3025-5-ND 8-Bit, 0.1μs, 5V-15V Dual Parallel 
Multiplying DAC

20-SOIC 4.37 3.52 3.21

TLC7528EN 296-3026-5-ND 8-Bit, 0.1μs, 5V-15V Dual Parallel 
Multiplying DAC

20-Dip 3.88 3.13 2.85

TLC7528IDW 296-3027-5-ND 8-Bit, 0.1μs, 5V-15V Dual Parallel 
Multiplying DAC

20-SOIC 4.19 3.37 3.07

TLC7528IFN 296-3028-5-ND 8-Bit, 0.1μs, 5V-15V Dual Parallel 
Multiplying DAC

20-PLCC 3.49 2.81 2.56

TLC7528IN 296-3029-5-ND 8-Bit, 0.1μs, 5V-15V Dual Parallel 
Multiplying DAC

20-Dip 3.49 2.81 2.56

TLC7528IPW 296-3030-5-ND 8-Bit, 0.1μs, 5V-15V Dual Parallel 
Multiplying DAC

20-TSSOP 4.19 3.37 3.07

TLC7628CDW 296-3031-5-ND 8-Bit, 0.1μs, 11V-14V Dual Parallel 
Multiplying DAC

20-SOIC 4.19 3.37 3.07

TLC7628CN 296-3032-5-ND 8-Bit, 0.1μs, 11V-14V Dual Parallel 
Multiplying DAC

20-Dip 4.39 3.54 3.22

TLV5604CD 296-2297-5-ND 10-Bit, 3μs, 2.7V~5.5V Quad Serial 
DAC

16-SOIC 8.84 7.25 6.55

TLV5604CPW 296-3033-5-ND 10-Bit, 3μs, 2.7V~5.5V Quad Serial 
DAC

16-TSSOP 8.84 7.25 6.55

TLV5604ID 296-1916-5-ND 10-Bit, 3μs, 2.7V~5.5V Quad Parallel 
DAC

16-SOIC 9.32 7.64 6.90

TLV5604IPW 296-1917-5-ND 10-Bit, 3μs, 2.7V~5.5V Quad Parallel 
DAC

16-TSSOP 9.32 7.64 6.90

TLV5606CD 296-2298-5-ND 10-Bit, 3 or 9μs, 2.7V~5.5V Single 
Serial DAC

8-SOIC 3.52 2.83 2.58

TLV5606ID 296-3034-5-ND 10-Bit, 3 or 9μs, 2.7V~5.5V Single 
Serial DAC

8-SOIC 3.75 3.02 2.75

TLV5606IDGK 296-3035-5-ND 10-Bit, 3 or 9μs, 2.7V~5.5V Single 
Serial DAC

8-MSOP 3.75 3.02 2.75

TLV5608IDW 296-3036-5-ND 10-Bit, 1/3μs, 2.7V~5.5V Octal 
Serial DAC

20-SOIC 10.19 8.58 7.88

(Cont.) (Cont.)
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